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News and facts

Everything under one roof

Legend

Overview of Belimo products

H Sensors and meters

Overview of third-party products
Dry cooler, cooling

Smoke control fan

Chiller

Heat exchanger, free cooling

Air handling unit

Chilled ceiling
Heated/chilled ceiling
Air diffuser

Radiator

Floor heating

000600

District heating transfer station
Heat generator
Circulation pump

Fresh water station



News and facts

The choice is yours:
catalogue or online

Ordering from the catalogue Ordering online

You can choose from various sensors and meters in this All Belimo products and systems can of
product catalogue. course also be ordered online. After a brief
With your order number, you can then simply contact your registration, you can start adding items to
Belimo representative. They will make sure that you receive the your personal shopping cart. You can order
solution for your needs that best meets your requirements for your chosen products directly from there.

economy, energy efficiency and convenience.
www.belimo.be
For your region, please contact directly:

Selection
¢ sensors/meters

BELIMO Belgium SRL
Cokeriestraat 3A
1850 Grimbergen, Belgium

Phone: +32 221056 86
E-Mail : info@belimo.be
5-year To us, innovation and stability are not a contradiction but characteristics of Belimo.

warranty Many companies promise you reliability — we give you a 5-year warranty.

On site around  We are where you are. Competent Belimo representatives are available to help you

the globe on all five continents at all times. We speak your language and understand you.
Comp|ete You will find it: the product for your application — the solution to your problem.
product range Whether for air, water or as a retrofit, for fire protection, smoke control or volumetric
flow control.
Tested Precision, reliability and a fair partnership — that is what “Swiss quality” stands for.
quality We take this claim seriously and diligently check every actuator for you down to
the last detail before delivery.
Short Fast is not always fast enough. For this reason, we promise that you will receive
delivery times your delivery on time, on the agreed date and at the right location.

Comprehensive Design perfect solutions with very good products. We assist you with knowledgeable
consultants, clever service tools and complete documentation that precisely answers
support i
all your questions.


https://www.belimo.com/be/en_GB/contact/channels/belimo-contacts.html
https://www.belimo.com/be/en_GB/
https://www.belimo.com/be/shop/en_GB/sensor-selection#/msdynttrid/sensors/1
mailto:info@belimo.be?subject=Products and prices Sensors/Meters 2026 - Order / Enquiry

4 Sensors and meters

Sensors and thermal energy
meters from Belimo
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Our sensors offer the highest in quality and Seamless integration and
reliability, are simple to install and are seamlessly compatibility

compatible with all conventional building
automation systems. The product range covers
the measured values temperature, humidity,
pressure, CO, VOC and flow rate in pipes, ducts,
outdoor and room solutions. The product line is
excellently complemented by the new thermal
energy meters, with or without MID approval
depending on the application. First-class service
and support are included as a matter of course.


https://www.belimo.com/be/en_GB/products/sensors

Sensors and meters 5

Sensors and meters
The perfect complement to actuators and valves

Air Duct sensors Differential pressure sensors 6
Differential pressure switches 7
Temperature average and humidity 8
Air quality, humidity, temperature 9
Frost monitors 10
Outdoor sensors Outdoor sensors humidity / temperature 11
Room units Room sensors / Room operating units 12
Air and water Duct and Duct and immersion sensors temperature 14
pipe sensors Cable sensors temperature 17
Safety temperature limiter STB / Temperature monitor TW 18
Water Pipe sensors Contact sensors temperature / condensation 19
Pressure sensors 20
Flow sensors with glycol compensation 21
Thermal energy meters MID approval Thermal energy meters according to EN 1434 with MID approval 22

Belimo Energy Valve™ according to EN 1434 with MID approval 23

Standard Thermal energy meters with glycol compensation 24
Mechanical accessories Adapters and pipe connector kits, connection adapters 25
Cable glands, fixing straps, and thermal contact fluid 26
Mounting flanges, mounting accessories 27
Thermowells and compression fittings, thermowell kits 28
Accessories for differential pressure sensors air, accessories for humidity sensors 29
Insulation shells, MID accessory kits 30
Open/close valves and pipe connectors, thermowells 31
T-pieces, thermal energy meter accessories 32
Electrical accessories Cables, M-Bus converters, sensor modules as spare parts 33
Service tools, end-user tools 34
Converters 35

Belimo product innovations:
) Learn more here.
The latest solutions for your needs.

Iy
BELIMO


https://www.belimo.com/be/en_GB/products/sensors
https://www.belimo.com/be/en_GB/products/new-products

6 Sensors / Air / Duct sensors

Differential pressure sensors

22ADP-..

Output signals active,
Modbus RTU, BACnet MS/TP

Power supply AC/DC 24V
Degree of protection IEC/EN P65/ NEMA 4X

Housing Plastic, with snap-on cover 22ADP-..B
22ADP-..L
22ADP-1.. D/F/H/K
Measured values Measuring ranges
Output signals _ Differential pressure
LT s g
© © @ © © © © © © © © o
£ 22 s828.c2588288¢e82]8883¢8 38R 58 2
5 58 §8sE€g e T YT YT YT R ghog
S <« J 8 81t ¢ "TT ©o oo o 0o 0o o o 6 6 6 6 6 >0 O EUR
Differential pressure
n " = ®E ®m ®m ®m mE O " 22ADP-18Q 208,00
s =« = = =m " wwewo =" 22ADP-18QL 285,00
T awa e T T T ssorme s
m = = " = ®E ®m ®m ®m mE O =" 22ADP-18QB 351,00
s @ am mw m o mwao  aY 22nDP-184 208,00
0.5V/0.10V, a = = amom m wmowmao  aV 22nDP-184L 285,00
4..20mA a = = = m = m momoa  a" 22ADP-184A 284,00
'a m = ®- = mw m w o wmwmao  aY 20ADP-184B 351,00
. 4 a m momowm om0 u) 22ADP-186 208,00
.« = 4 s m momom om0 a" 22ADP-186L 285,00
-« s 4 s m m m m w oo =" 22ADP-186A 284,00
a m = 4w mmmm om0 a" 22ADP-186B 351,00
s 2 = w @ wewswo = 22ADP-15Q 239,00
g = = = s = " ®EEww=so = 22ADP-15QL 314,00
g Ty T e e T T T T marsea _amw
m = = " = ®E ®m ®m ®m mE O n 22ADP-15QB 399,00
s @ a m mw s omwmao m 22ADP-154 239,00
Modbus RTU, = = T a e m s mmao T a 22nDP-154L 314,00
0.5V/0.10V m = = wm m mowmwmao  m 22ADP-154D 339,00
'a = m ®-  wm om s wwmao  u 22ADP-154F 437,00
‘s = = = m m = m o m w0 m 22ADP-154H 359,00
s = = = = = mw mw m mwao  m 22ADP-154K 469,00
.- 4 s m m m mowoo = 22ADP-156 239,00
s = 4w mmmom om0 m 22ADP-156L 314,00
BACnet MS/TP. T e T d e m s mmao T a 22nDP-164 239,00
0.5V/0.10V s = = wam m m mwmo  m 22ADP-164L 314,00
n n n = = ®E = ®mE ®mE O a " 22ADP-124D 309,00
0--5V/0..10V 'a = m  ®-  wm om m wwmoao  ad 220DP-124F 418,00

Note: The sensor types 22ADP-.. will be replaced by the new types DP.. over the course of the year. The current product range can be found in the Belimo webshop.
0 Factory setting (measuring ranges configurable on the sensor).
Further settings and live data can be selected and read out via Bluetooth with the accessory A-22G-A05.

" Usable only with dongle (A-22G-A05) and Belimo Duct Sensor Assistant App.
2 Dual sensor contains 2 measuring systems, 2 analogue outputs, 4 air connections.

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-18Q
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-18QL
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-18QA
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-18QB
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-184
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-184L
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-184A
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-184B
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-186
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-186L
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-186A
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-186B
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-15Q
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-15QL
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-15QA
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-15QB
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-154
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-154L
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-154D
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-154F
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-154H
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-154K
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-156
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-156L
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-164
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-164L
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-124D
https://www.Belimo.com/be/shop/en_GB/p?code=22ADP-124F

Sensors / Air / Duct sensors 7

Differential pressure switches

Output signal SPDT switch

01APS-..
For monitoring the overpressure, negative pressure or differential pressure
of air or other non-flammable and non-aggressive gases.
With setpoint adjustment and automatic reset function.
Degree of protection IEC/EN P54
Housing Plastic, with removable cover
Measured values Measuring ranges
Output signals Differential pressure
£ g &
3 2 s 3 s 3
(=3 (= o o
Q 8 & 2 2 & EUR
" 01APS-10R 38,70
u 01APS-10R.1" 28,80
. 01APS-10U 38,70
. 01APS-10U.1" 28,80
SPDT switch N 01APS-101 38,70
" 01APS-101.1" 28,80
" 01APS-104 38,70
" 01APS-104.1" 28,80
" 01APS-105 38,70

" Multipack at 45 pieces, price per piece. (Mounting accessory A-22AP-A05.1 must be ordered separately.)

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01APS-10R
https://www.Belimo.com/be/shop/en_GB/p?code=01APS-10R.1
https://www.Belimo.com/be/shop/en_GB/p?code=01APS-10U
https://www.Belimo.com/be/shop/en_GB/p?code=01APS-10U.1
https://www.Belimo.com/be/shop/en_GB/p?code=01APS-101
https://www.Belimo.com/be/shop/en_GB/p?code=01APS-101.1
https://www.Belimo.com/be/shop/en_GB/p?code=01APS-104
https://www.Belimo.com/be/shop/en_GB/p?code=01APS-104.1
https://www.Belimo.com/be/shop/en_GB/p?code=01APS-105

8 Sensors / Air / Duct sensors

Temperature average and humidity

Output signals active, passive, SPDT switch,
Modbus RTU, BACnet MS/TP

For measuring humidity and temperature averages in ducts and air handling units.

Power supply AC/DC 24 V (active sensors)
Degree of protection IEC/EN IP65/ NEMA 4X
IP55 (duct humidistat 01DH-..)

Housing Plastic
Measured values Measuring ranges T
Output signals Temperature Humidity ::,
3
T y o 2 w
£ P < -
= & 8 3 3
=) o : Iy 2
= S * S ® ¢
= : o 1 : =
e o ) ® N 2 2 28 s % 8
] 2 : : & 2 < s 2
2 e 8 ¢ 8 s 2 § E T 5
= o ? b ? 3 < a w < 0 EUR
Temperature (average value)
3m " 01MT-1B4 224,00
Passive Pt1000 6m " 01MT-1B5 240,00
15 m " 01MT-1B8 578,00
n 3m 22MT-124 262,00
0..5Vv/0..10V n 6m n 22MT-125 275,00
Active n 15m n 22MT-128 616,00
n 3m n 22MT-144 262,00
4..20 mA — .
m . 6m . 22MT-145 275,00
Humidity / Temperature
0.5V/0.10V n 140 mm n m] n n n 22DTH-11M 254,00
n 270 mm n o n n n 22DTH-11Q 272,00
420 mA n 140 mm n ] n n n 22DTH-13M 254,00
Active n 270 mm n ] n n n 22DTH-13Q 272,00
140 mm n o o o o 22DTH-15M 321,00
Modbus RTU — — :
270 mm n O O O O 22DTH-15Q 334,00
BACnet MS/TP 140 mm n ] o ] o 22DTH-16M 321,00
Humidity (duct humidistat)
SPDT switch 150 mm n  01DH-10N 278,00

O Factory setting (measuring ranges are adjustable on the sensor).
Further settings and live data can be selected and read out via Bluetooth with the accessory A-22G-A05 (22DTH-15.., 22DTH-16M).

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01MT-1B4
https://www.Belimo.com/be/shop/en_GB/p?code=01MT-1B5
https://www.Belimo.com/be/shop/en_GB/p?code=01MT-1B8
https://www.Belimo.com/be/shop/en_GB/p?code=22MT-124
https://www.Belimo.com/be/shop/en_GB/p?code=22MT-125
https://www.Belimo.com/be/shop/en_GB/p?code=22MT-128
https://www.Belimo.com/be/shop/en_GB/p?code=22MT-144
https://www.Belimo.com/be/shop/en_GB/p?code=22MT-145
https://www.Belimo.com/be/shop/en_GB/p?code=22DTH-11M
https://www.Belimo.com/be/shop/en_GB/p?code=22DTH-11Q
https://www.Belimo.com/be/shop/en_GB/p?code=22DTH-13M
https://www.Belimo.com/be/shop/en_GB/p?code=22DTH-13Q
https://www.Belimo.com/be/shop/en_GB/p?code=22DTH-15M
https://www.Belimo.com/be/shop/en_GB/p?code=22DTH-15Q
https://www.Belimo.com/be/shop/en_GB/p?code=22DTH-16M
https://www.Belimo.com/be/shop/en_GB/p?code=01DH-10N

Sensors / Air / Duct sensors 9

Air quality, humidity, temperature

Output signals active,
Modbus RTU, BACnet MS/TP

For measuring air quality (CO2, humidity, temperature and VOC) in ducts and AHUs.

Power supply AC/DC 24V
Degree of protection IEC/EN P65/ NEMA 4X
Housing Plastic, with snap-on cover
Measured values Measuring ranges
Output signals Temperature Humidity CO7 voc
- e 2
£ € =
= & 8 32
S 8 s &
> £ i 4 T 4 § B g
Kl = o o I o o IS
o S o ] 2 £ 5 o o e =
2 - s > ] ] = o o o =
b= 8 o = S o © o o e 9
g 5 ? 5 § z £ § 8 %7 ¢
S & S € T &8 & <& o S & EUR
CO2
Active 0..5Vv/0.10V 150 mm n 22DC-11 365,00
0.5V/0.10V,4..20 mA o am" 22DC-13 378,00
CO, / Temperature
Active 0..5V/0.10V 180 mm n o m" 22DTC-11 459,00
0..5V/0..10V,4..20 mA u o m! 22DTC-13 469,00
CO2 / Humidity / Temperature
" 22DTM-11 7
0.5Vv/0.10V %;777i%7 576,00
Active n 180 mm n n o m" 22DTM-1106 659,00
Modbus RTU O O O O O O " 22DTM-15 599,00
BACnet MS/TP O O O O O O " 22DTM-16 599,00
COo,/VoC
Active 0..5Vv/0.10V 150 mm o m) s 22DCV-11 596,00
CO2 /VOC / Temperature
Active 0..5v/0.10V 180 mm n o m" s 22DCM-11 630,00
C0O2 /VOC / Mix CO2/VOC / Temperature
Active 0..5Vv/0.10V 180 mm n o m" s 22DCK-11 713,00

O Factory setting (measuring ranges are adjustable on the sensor).
Further settings and live data can be selected and read out via Bluetooth with the accessory A-22G-A05 (22DC-13, 22DTC.., 22DTM.., 22DCV-11, 22DCM-11, 22DCK-11).
" Usable only via bus communication or with Bluetooth dongle (A-22G-A05) and Belimo Duct Sensor Assistant App.

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=22DC-11
https://www.Belimo.com/be/shop/en_GB/p?code=22DC-13
https://www.Belimo.com/be/shop/en_GB/p?code=22DTC-11
https://www.Belimo.com/be/shop/en_GB/p?code=22DTC-13
https://www.Belimo.com/be/shop/en_GB/p?code=22DTM-11
https://www.Belimo.com/be/shop/en_GB/p?code=22DTM-1106
https://www.Belimo.com/be/shop/en_GB/p?code=22DTM-15
https://www.Belimo.com/be/shop/en_GB/p?code=22DTM-16
https://www.Belimo.com/be/shop/en_GB/p?code=22DCV-11
https://www.Belimo.com/be/shop/en_GB/p?code=22DCM-11
https://www.Belimo.com/be/shop/en_GB/p?code=22DCK-11

10 Sensors / Air / Duct sensors

Frost monitors

Output signals active,
SPDT switch

Reset Manual or automatic
Startup function With types 20DTS-..
Power supply AC 24V (types 20DTS-..)

20DTS-..
A-22D-A12
(optional accessory for 20DTS-..)
Measured values
Output signals ; )
. i f
5 o P
: g 3 g g
a o b = £ e
5 e e 2 E £ 3
H s 2 a S R
8 2 s o g 2 3 EUR
Temperature (frost monitor)
3m u u 01ATS-1040B 121,00
SPDT switch 6m n n 01ATS-1050B 132,00
Passive 3m u n 01ATS-104XC 133,00
6m u u 01ATS-105XC 144,00
2m n n u u 20DTS-1P3 398,00
Active 0..10V
6m u u u n 20DTS-1P5 408,00

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01ATS-1040B
https://www.Belimo.com/be/shop/en_GB/p?code=01ATS-1050B
https://www.Belimo.com/be/shop/en_GB/p?code=01ATS-104XC
https://www.Belimo.com/be/shop/en_GB/p?code=01ATS-105XC
https://www.Belimo.com/be/shop/en_GB/p?code=20DTS-1P3
https://www.Belimo.com/be/shop/en_GB/p?code=20DTS-1P5

Sensors / Air / Outdoor sensors 11

Outdoor sensors A —
humidity / temperature

*‘Q-
Output signals active, passive, & 2 /&
Modbus RTU, BACnet MS/TP « » ) L=~
- 22UT-..
- 01UT-..0X
For measuring temperature or relative humidity and temperature in the outdoor area b
as well as in demanding indoor applications that require high IP protection — e.g., - I
in cold stores and greenhouses or production halls and warehouses. J_ —\‘_EP
Power supply AC/DC 24V (active sensors) s b
Degree of protection IEC/EN  IP65/ NEMA 4X 1/ 22UTH-..X
Housing Plastic, with snap-on cover

1 @ >
¢ 22UTH-..

Measured values Measuring ranges
Output signals Temperature Humidity
Q ~ ™ ™ o
B EEE. 81
S88E g8
32 e 0 0 0 o o o 2 c 8 S S 4 o8
sf f 233838888882t
5 Z g gEpguwc s TYESLE oS
36 s 77 7 7T T T o e 8o a0 uWon EUR
Temperature
= 01UT-1A 35,50
P00 - e 01UT-1A0X 58,20
. 01UT-1B 34,50
PH1000 . e 01UT-1BOX 58,20
. Ni1000 e 01UT-1C 34,50
Passive  Ni1000TK5000 TV T 39,80
NTC1k8 e 01UT-1F 31,40
NTC10k (10k2) = 01UT-1L 30,60
NTC10k Carel e 01UT-1N 32,60
NTC20K S S 11T a0
. 0..5V/0.10V [ L] O E ®E ®E ®E ®E ®E ® 22UT-12 122,00
Active @ -——F—F—F—7"7 """ —"— - — — — — — — —
4.20mA ] ] O " = ®E ® ®E ®E ® 22UT-14 122,00
Humidity / Temperature
0..5Vv/0.10V ] ] 0 = n O m = m m m 22UTH-11 314,00
4..20 mA = = 0o s = 0O = m m = = 22UTH13 314,00
0..5V/0..10V,NTC10k Pre = =« owm =m0 = = = = = 220TH110M 363,00
Active 0..5Vv/0..10V ] ] 0 = n O m = = m m 22UTH-110X 428,00
420 mA = = 0= & O = m m m = 22UTH-130X 428,00
Modbus RTU o 5 g g o 22UTH-150X 477,00
BACnet MS/TP a5 o o o 22UTH-160X 481,00

O Factory setting (measuring ranges are adjustable on the sensor or via bus system).
Further settings and live data can be selected and read out via Bluetooth with the accessory A-22G-A05 (22UTH-150X, 22UTH-160X).

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1A
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1A0X
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1B
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1B0X
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1C
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1D
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1F
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1L
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1N
https://www.Belimo.com/be/shop/en_GB/p?code=01UT-1Q
https://www.Belimo.com/be/shop/en_GB/p?code=22UT-12
https://www.Belimo.com/be/shop/en_GB/p?code=22UT-14
https://www.Belimo.com/be/shop/en_GB/p?code=22UTH-11
https://www.Belimo.com/be/shop/en_GB/p?code=22UTH-13
https://www.Belimo.com/be/shop/en_GB/p?code=22UTH-110M
https://www.Belimo.com/be/shop/en_GB/p?code=22UTH-110X
https://www.Belimo.com/be/shop/en_GB/p?code=22UTH-130X
https://www.Belimo.com/be/shop/en_GB/p?code=22UTH-150X
https://www.Belimo.com/be/shop/en_GB/p?code=22UTH-160X

12 Sensors / Air / Room units

Room sensors /
Room operating units =

. . 01RT-1..
Output signal passive
For temperature measurement and setting the room temperature setpoint. PP &
These room units can be seamlessly connected to existing controllers. i .
L]
Ambient conditions 0..50°C
BELES
P-01RT-1..
Measuring range’
Output signals Temperature
R
209 2
ERS o £
823 8
&%E S & EUR
Passive room sensors and room operating units
Pt1000 n 01RT-1B-0 27,60
Ni1000 n 01RT-1C-0 27,60
Ni1000TK5000 N 01RT-1D-0 27,60
NTC1k8 n 01RT-1F-0 24,30
NTC10k (10k2) . 01RT-1L-0 23,00
Passi NTC10k Carel n 01RT-1N-0 23,00
assive NTC10k Pre (10k3) . 01RT-1M-0 23,00
NTC20k N 01RT-1Q-0 24,30
Pt1000 n P-01RT-1B-0 39,10
NTC1k8 07.1.3k0 n P-01RT-1F-0 37,80
NTC10k (10k2 P-01RT-1L-0 4
C10k (10k2) 25.85kQ = 36,40
NTC10k Pre (10k3) n P-01RT-1M-0 36,40

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01RT-1B-0
https://www.Belimo.com/be/shop/en_GB/p?code=01RT-1C-0
https://www.Belimo.com/be/shop/en_GB/p?code=01RT-1D-0
https://www.Belimo.com/be/shop/en_GB/p?code=01RT-1F-0
https://www.Belimo.com/be/shop/en_GB/p?code=01RT-1L-0
https://www.Belimo.com/be/shop/en_GB/p?code=01RT-1N-0
https://www.Belimo.com/be/shop/en_GB/p?code=01RT-1M-0
https://www.Belimo.com/be/shop/en_GB/p?code=01RT-1Q-0
https://www.Belimo.com/be/shop/en_GB/p?code=P-01RT-1B-0
https://www.Belimo.com/be/shop/en_GB/p?code=P-01RT-1F-0
https://www.Belimo.com/be/shop/en_GB/p?code=P-01RT-1L-0
https://www.Belimo.com/be/shop/en_GB/p?code=P-01RT-1M-0
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Room sensors /
Room operating units .

Output signal active, MP-Bus, P22RT.1U00A2
Modbus RTU, BACnet MS/TP
22RT..-18-1B

For measuring and adjusting the room climate. The active Belimo room operating units P-22RT..-1U00A-2B
P-22RT.-1..D.. are equipped with a razor-sharp ePaper touch display for maximum ease
of operation and optimum legibility. In public areas, the displayless room units 22RT..-18-1 -
(with analogue outputs) and P-22RT..-TUOOA-2 (with Modbus RTU, BACnet MS/TP, and o150 &
MP-Bus) offer an optimal and discreet solution. Thanks to the Belimo Display App, they ;gg” EG 5
also provide the full functionality of a room operating unit with high ease of operation and ]
complete access control. ¥ il

, | e ©
Configuration Unpowered via NFC sudp
Diagnostics function Simply via NFC
Ambient conditions 0..50°C, max. 95% RH, non-condensing it
Analogue output 0..5V,0..10V,2..10V,4..20 mA

(configurable with Belimo Assistant 2)

Setpoint adjustment Temperature and ventilation control elements

Measuring ranges "

Output signals Temperature Humidity Co,
2 B 3
S o ER=) o
26 2a E] - - E 0
83 83 ¢ g 2o & g
2e 2= > 5 o 5383 S T
28 % 2 = 3 =R S 8
3E 28 % 2 5 "33 i 5
IZ I < £ o cal c »n EUR
Active room sensors and room operating units
n 3 n 22RT-18-1 92,90
n 3 n 22RT-18-1B -9
0.5V
0.10Vv n 3 n n 22RTH-18-1 138,00
2.0V
4..20 mA ] 3 ] u 22RTH-18-1B -4
MP-Bus . 3 . . . 22RTM-18-1 292,00
Display app ?
" 3 " " " 22RTM-18-1B -9
n n n P-22RTH-1U00A-2 214,00
Modbus RTU n n n P-22RTH-1U00A-2B 228,00
BACnet MS/TP —_— 1x DI
MP-Bus . . . . P-22RTM-1U00A-2 350,00
n n n n P-22RTM-1U00A-2B 363,00
0.5V . 3 . P-22RT-1800D-1 267,00
0..10V
2.0V = 3 = = P-22RTH-1800D-1 306,00
ePaper touch 4..20 mA
display MP-Bus ] 3 ] ] ] P-22RTM-1800D-1 460,00
Modbus RTU - " M P-22RTH-1U00D-2 363,00
BACnet MS/TP E— 1xDI®
MP-Bus n n n ] P-22RTM-1U00D-2 507,00

" Maximum measuring range; infinitely adjustable with Belimo Assistant 2.

2 For the display of current room values and the adjustment of setpoints via smartphone. More information on page 34.
% Digital input.

9 Price on request.

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=22RT-18-1
https://www.Belimo.com/be/shop/en_GB/p?code=22RT-18-1B
https://www.Belimo.com/be/shop/en_GB/p?code=22RTH-18-1
https://www.Belimo.com/be/shop/en_GB/p?code=22RTH-18-1B
https://www.Belimo.com/be/shop/en_GB/p?code=22RTM-18-1
https://www.Belimo.com/be/shop/en_GB/p?code=22RTM-18-1B
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RTH-1U00A-2
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RTH-1U00A-2B
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RTM-1U00A-2
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RTM-1U00A-2B
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RT-1800D-1
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RTH-1800D-1
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RTM-1800D-1
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RTH-1U00D-2
https://www.Belimo.com/be/shop/en_GB/p?code=P-22RTM-1U00D-2
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Duct and immersion sensors
temperature

01DT-..
Output signal passive
01DT-.., 22DT-.. When used as an immersion sensor for pipe installations
(liquid lines), a thermowell is recommended as an optional A-22P-..
accessory. (PO Sory
Degree of protection IEC/EN P65/ NEMA 4X
Housing Plastic, with snap-on cover
Measured values Measuring ranges
Output signals Temperature
B 0 o 2
8 3 2 &
a i 1 » EUR
Temperature (duct, pipe)
50 mm n 01DT-1CH 47,20
700 mm n 01DT-1CL 47,20
) 150 mm n 01DT-1CN 49,80
NIT000 200 mm n 01DT-1CP 49,80
300 mm n 01DT-1CR 53,40
450 mm n 01DT-1CT 57,00
50 mm n 01DT-1DH 53,40
700 mm n 01DT-1DL 53,40
) 150 mm n 01DT-1DN 55,20
NIT000TKS000 200 mm . 01DT-1DP 55,20
300 mm n 01DT-1DR 59,60
450 mm n 01DT-1DT 63,20
50 mm n 01DT-1LH 44,50
700 mm n 01DT-1LL 44,50
150 mm n 01DT-1LN 47,20
NTC10k (10k2) 200 mm n 01DT-1LP 47,20
Passive 300 mm n 01DT-1LR 49,80
450 mm n 01DT-1LT 53,40
50 mm m 01DT-1NH 48,10
700 mm n 01DT-1NL 48,10
NTC10k Carel 150 mm n 01DT-1NN 50,70
200 mm n 01DT-1NP 50,70
300 mm m 01DT-1NR 54,30
50 mm n 01DT-1MH 46,40
700 mm n 01DT-1ML 46,40
NTC10k Pre (10k3) 150 mm N 01DT-1MN 48,90
200 mm m 01DT-1MP 48,90
300 mm n 01DT-TMR 52,40
700 mm n 01DT-1FL 48,60
1750 mm n 01DT-1FN 51,20
NTC1k8 200 mm u 01DT-1FP 51,20
300 mm n 01DT-1FR 54,40
450 mm n 01DT-1FT 5710

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1CH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1CL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1CN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1CP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1CR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1CT
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1DH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1DL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1DN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1DP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1DR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1DT
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1LH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1LL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1LN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1LP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1LR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1LT
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1NH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1NL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1NN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1NP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1NR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1MH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1ML
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1MN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1MP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1MR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1FL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1FN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1FP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1FR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1FT
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Duct and immersion sensors

temperature

Output signals passive and active

(liquid lines), a thermowell is recommended as an optional

01DT-.., 22DT-.. When used as an immersion sensor for pipe installations
accessory.

Degree of protection IEC/EN P65/ NEMA 4X

Housing Plastic, with snap-on cover

Measured values

Measuring ranges

A-22P-..
goptional accessory

or 01DT-.., 22DT-..)

Output signals Temperature
s E £ ° &
5 - -
£ 3 o 4 8
s & ? ? ] EUR
Temperature (duct, pipe)
50 mm . 01DT-1QH 48,60
100 mm . 01DT-1QL 48,60
NTC20k 150 mm N 01DT-1QN 51,20
200 mm n 01DT-1QP 51,20
300 mm n 01DT-1QR 54,40
450 mm n 01DT-1QT 5710
NTC5k 200 mm n 01DT-1HP 4720
50 mm ] 01DT-1AH 48,90
100 mm n 01DT-1AL 48,90
1100 750 mm n 01DT-1AN 50,70
200 mm n 01DT-1AP 50,70
A 300 mm ] 01DT-1AR 54,30
Passive 450 mm . 01DT-1AT 5790
50 mm n 01DT-1BH 47,20
1700 mm n 01DT-1BL 4720
150 mm n 01DT-1BN 49,80
PH1000 200 mm n 01DT-1BP 49,80
300 mm n 01DT-1BR 53,40
450 mm u 01DT-1BT 57,00
50 mm n 01DT-1RH 50,80
1700 mm n 01DT-1RL 50,80
Pt1000 Class AA 150 mm u 01DT-1RN 53,40
200 mm u 01DT-1RP 53,40
300 mm n 01DT-1RR 57,00
] 50 mm n 22DT-12H 108,00
n 100 mm n 22DT-12L 108,00
u 150 mm u 22DT-12N 112,00
0..5V/0..10v n 200 mm n 22DT-12P 112,00
n 300 mm n 22DT-12R 115,00
5 n 450 mm n 22DT-12T 119,00
Active . 50 mm . 22DT-14H 108,00
n 700 mm n 22DT-14L 108,00
] 150 mm ] 22DT-14N 112,00
4..20mA . 200 mm . 22DT-14P 112,00
u 300 mm u 22DT-14R 115,00
n 450 mm n 22DT-14T 119,00

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications



https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1QH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1QL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1QN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1QP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1QR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1QT
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1HP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1AH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1AL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1AN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1AP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1AR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1AT
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1BH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1BL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1BN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1BP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1BR
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1BT
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1RH
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1RL
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1RN
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1RP
https://www.Belimo.com/be/shop/en_GB/p?code=01DT-1RR
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-12H
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-12L
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-12N
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-12P
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-12R
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-12T
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-14H
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-14L
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-14N
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-14P
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-14R
https://www.Belimo.com/be/shop/en_GB/p?code=22DT-14T
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Duct and immersion sensors

temperature

01PT-..
Output signal passive
01PT-.. For pipe installations with short response time,
no additional thermowell required.
Degree of protection IEC/EN IP65/ NEMA 4X
Housing Plastic, with snap-on cover
Measured values Measuring ranges
Output signals Temperature
) o o g
c o o >
KT n ©° b
o = = o
$ 2 g8 8
[ i i »n EUR
Temperature (pipe)
50 mm " 01PT-1DH 89,00
Ni1000TK5000 1700 mm " 01PT-1DL 89,00
200 mm " 01PT-1DP 94,60
50 mm N 01PT-1LH 79,80
Passive NTC10k (10k2) 1700 mm " 01PT-1LL 79,80
200 mm = 01PT-1LP 85,50
50 mm " 01PT-1BH 83,60
Pt1000 700 mm " 01PT-1BL 84,60
200 mm u 01PT-1BP 88,10

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1DH
https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1DL
https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1DP
https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1LH
https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1LL
https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1LP
https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1BH
https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1BL
https://www.Belimo.com/be/shop/en_GB/p?code=01PT-1BP
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Cable sensors temperature
Output signals passive and active -

Power supply AC/DC 24V (active sensors)
Cable length 2m
Degree of protection IEC/EN IP65/ NEMA 4X
Housing Plastic, with snap-on cover
A-22P-..
(optional accessory)
Measured values Measuring ranges
Output signals g Temperature
o ) g © o g
g k5 £e 2 g8 £
2 & Sg P 3 EUR
Temperature
50 mm u 01CT-1CH 19,90
Ni1000 100 mm n n 01CT-1CLF 31,60
200 mm n n 01CT-1CPF 32,90
50 mm u 01CT-1DH 24,40
Ni1000TK5000 100 mm n u 01CT-1DLF 36,50
200 mm n n 01CT-1DPF 37,40
50 mm n 01CT-1LH 16,50
NTC10k (10k2) 100 mm u u 01CT-1LLF 28,30
200 mm u u 01CT-1LPF 29,40
Passive NTC1k8 50 mm n 01CT-1FH 18,30
50 mm n 01CT-1QH 18,30
NTC20k 100 mm u u 01CT-1QLF 29,60
200 mm u u 01CT-1QPF 30,70
50 mm n 01CT-1AH 19,90
Pt100 100 mm n n 01CT-1ALF 31,60
200 mm u u 01CT-1APF 33,00
50 mm u 01CT-1BH 19,60
Pt1000 100 mm u u 01CT-1BLF 31,00
200 mm n n 01CT-1BPF 33,00
Pt1000 Class AA 200 mm N 01CT-1RH 23,20
Active 0..5V/0.10V u 50 mm u 22CT-12H 108,00
4..20mA u 50 mm u 22CT-14H 108,00

O Factory setting (measuring ranges are adjustable on the sensor).

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1CH
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1CLF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1CPF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1DH
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1DLF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1DPF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1LH
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1LLF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1LPF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1FH
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1QH
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1QLF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1QPF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1AH
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1ALF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1APF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1BH
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1BLF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1BPF
https://www.Belimo.com/be/shop/en_GB/p?code=01CT-1RH
https://www.Belimo.com/be/shop/en_GB/p?code=22CT-12H
https://www.Belimo.com/be/shop/en_GB/p?code=22CT-14H

18 Sensors / Air and water / Duct and pipe sensors

Safety temperature limiter STB /
Temperature monitor TW

Output signal SPDT switch

Switch contact 1x SPDT, AC 230V, 16 A OTHT-1.A
Switching value Control window in the housing cover
Mounting Pipe contact, thermowell or wall mounting :
Pipe contact mounting Fixing strap, included T~ EXT-J-..
Electrical connection Spring loaded terminal blocks |
Reset Manual for safety temperature limiter STB Q

Automatic for temperature monitor TW 1
Capillary fracture protection For safety temperature limiter STB

A-22P-A6..

(optional accessory
thermowell kits)

J

Measured values E Application Setpoint range
. (7] c
Output signals § = % :‘-".}
E = 2 3
= H < ° £
o = E=) o 5
2 s - g 2 £
o E 2 ° 2 . c
3 e e B g 8 g 5 2 o
£ £ g B Z T 2 &8 88 o o £ =
> 2 E s 5 & g £ 83 & 3 8 5
k] £ s g H = 0§ & & % % 72
& 2 2 s 8 8 z = £ 8 B8 R & EUR
Temperature - STB
] n Tm n n n n EXT-J-00734645 104,00
SPDT switch )
n n Tm n n n s EXT-J-00734647 104,00
Temperature - TW
SPDT switch n n Tm n n 01HT-101CA 96,40

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=EXT-J-00734645
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-J-00734647
https://www.Belimo.com/be/shop/en_GB/p?code=01HT-101CA
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Contact sensors
temperature / condensation

Output signals active, passive or
SPDT switch

For temperature measurement on pipes and curved surfaces (ST-..-, HT-.. types)
or for detecting condensation on chilled surfaces (22HH-.. types).

Power supply AC/DC 24V (active sensors) 22HTH-..X
Degree of protection IEC/EN P65/ NEMA 4X
Housing Plastic, with snap-on cover
22HH-..
Measured values Measuring ranges
Output signals Temperature
£ £ E
o~ ~ - o
= = = = o g
& 8§ & 8§ T g g g gé&
e o o o [=] n n n o c
3 3 3 3 = 9 9 9 g EUR
Temperature
N N 01ST-1C3 23,00
Ni1 E—
1000 . 0THT-1C 40,50
. n n 01ST-1D3 28,00
Ni1T000TK5000 . OTHT1D 4550
m m 01ST-1L3 19,70
NTC10k (10k2 — -
C10k (10k2) . OTHT-1L 37,60
i n n 01ST-1F3 2310
Passive NTC1k8 . OTHT-1F 4050
m m 01ST-1Q3 2310
NTC20k E—
" 01HT-1Q 37,80
n n 01ST-1A3 23,00
PUI00 n 01HT-1A 40,50
n ] 01ST-1B3 22,90
Pt1 —_—
11000 " 01HT-1B 40,50
Active 0..5Vv/0.10V n n s 22HT-12 113,00
4..20 mA n n n  22HT-14 113,00

Humidity / Temperature
Active 0..5V/0.10V n u m  22HTH-110X 275,00
Condensation

. 22HH-10 157,00
. . 22HH-100X 179,00
SPDT switch — ’
swite . . 22HH-100S-6 211,00
. . 22HH-100S-7 216,00
Leakage
SPDT switch . 22HL-10 157,00

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=01ST-1C3
https://www.Belimo.com/be/shop/en_GB/p?code=01HT-1C
https://www.Belimo.com/be/shop/en_GB/p?code=01ST-1D3
https://www.Belimo.com/be/shop/en_GB/p?code=01HT-1D
https://www.Belimo.com/be/shop/en_GB/p?code=01ST-1L3
https://www.Belimo.com/be/shop/en_GB/p?code=01HT-1L
https://www.Belimo.com/be/shop/en_GB/p?code=01ST-1F3
https://www.Belimo.com/be/shop/en_GB/p?code=01HT-1F
https://www.Belimo.com/be/shop/en_GB/p?code=01ST-1Q3
https://www.Belimo.com/be/shop/en_GB/p?code=01HT-1Q
https://www.Belimo.com/be/shop/en_GB/p?code=01ST-1A3
https://www.Belimo.com/be/shop/en_GB/p?code=01HT-1A
https://www.Belimo.com/be/shop/en_GB/p?code=01ST-1B3
https://www.Belimo.com/be/shop/en_GB/p?code=01HT-1B
https://www.Belimo.com/be/shop/en_GB/p?code=22HT-12
https://www.Belimo.com/be/shop/en_GB/p?code=22HT-14
https://www.Belimo.com/be/shop/en_GB/p?code=22HTH-110X
https://www.Belimo.com/be/shop/en_GB/p?code=22HH-10
https://www.Belimo.com/be/shop/en_GB/p?code=22HH-100X
https://www.Belimo.com/be/shop/en_GB/p?code=22HH-100S-6
https://www.Belimo.com/be/shop/en_GB/p?code=22HH-100S-7
https://www.Belimo.com/be/shop/en_GB/p?code=22HL-10

20 Sensors / Water / Pipe sensors

Pressure sensors |

Output signal active

P o22wp-.

Power supply AC/DC 24V (types with voltage output) )
DC 24V (types with current output) Q 22WDP-..
Degree of protection IEC/EN 22WP-../22WDP-..: IP65 / NEMA 4 v
22PDP-..: IP65 ) = \.\
Housing 22WP-./22WDP-..: metal ﬁ\
22PDP-..: pressure transmitter metal, sensor housing plastic % ?“\Jh
Cable entry 22WP-..: MVS plug according to DIN EN 175301-803 / Type A ﬁs‘y
22WDP-..: Angled plug according to DIN 43650 / Type A \ 22PDP-..
Cable gland PAG, black
Measured values ” Measuring ranges
Output signals g Pressure
:
° =
E—%nghﬁhhhaa‘asé
= x £ ] c o o c o o o o c o EUR
Pressure
n n n . e 22WP-114 188,00
n n n n 22WP-115 188,00
0.10V . . . . 22wP-116 188,00
n n n - e 22wP-m17 188,00
) . . - . 22WP-119 205,00
Active _——- Y — —
n n n n 22WP-134 179,00
. . . . 22wp-135 179,00
4..20 mA . . . . 22wP-136 179,00
. . - . 22wP-137 179,00
. . . . 22wp-139 196,00
Differential pressure
n n n n n 22PDP-185 897,00
T T TR 1/
= = = = = 22PDP-189 897,00
. . - o= 22wpP-1m 571,00
oy e e T T mwei  snw
Active ] n n ] 22WDP-114 571,00
. . - .  22wDP-115 571,00
. . - =  22wpP-131 571,00
n n n n 22WDP-132 571,00
4..20mA . . . = 22wpP-134 571,00
n m m 77777T777722WDP-135 571,00

Included and optional accessories starting on page 25

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=22WP-114
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-115
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-116
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-117
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-119
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-134
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-135
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-136
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-137
https://www.Belimo.com/be/shop/en_GB/p?code=22WP-139
https://www.Belimo.com/be/shop/en_GB/p?code=22PDP-185
https://www.Belimo.com/be/shop/en_GB/p?code=22PDP-186
https://www.Belimo.com/be/shop/en_GB/p?code=22PDP-189
https://www.Belimo.com/be/shop/en_GB/p?code=22WDP-111
https://www.Belimo.com/be/shop/en_GB/p?code=22WDP-112
https://www.Belimo.com/be/shop/en_GB/p?code=22WDP-114
https://www.Belimo.com/be/shop/en_GB/p?code=22WDP-115
https://www.Belimo.com/be/shop/en_GB/p?code=22WDP-131
https://www.Belimo.com/be/shop/en_GB/p?code=22WDP-132
https://www.Belimo.com/be/shop/en_GB/p?code=22WDP-134
https://www.Belimo.com/be/shop/en_GB/p?code=22WDP-135
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Flow sensors
with glycol compensation

Output signal active

Ultrasonic flow sensor for water and water-glycol mixtures.
Determination of the glycol content and corresponding compensation.

Power supply AC/DC 24V

Degree of protection IEC/EN IP54

Nominal pressure 22PF... PN 25
FM...PN 16

Connection Cable 1 m, 6x 0.75 mm?

Analogue output 22PF.:0..10V,0.5..10 V, 2...10 V or user defined
FM..:0.5..10 vV

Converter for sensors 22PF..: optional connection of an active sensor with output
0..10 V or a switching contact for transmission to bus system

Communication 22PF..: MP-Bus, Modbus RTU, BACnet MS/TP

Accumulation 22PF..: flow can be accumulated over time

Configuration, diagnostics 22PF..: via NFC with Belimo Assistant 2

Measured values

¢
£ g
] = o > -
z z o 2 =8 £ ERI ] EUR
Flow, temperature
15 3/4" 110 mm 1.8 m’h u s 22PF-1UC 555,00
0.10V 20 1 130 mm 3.0m?h . = 22PF-1UD 573,00
0.5..10V 25 - 11/4" 135 mm 4.2 m’h u s 22PF-1UE 592,00
2..10V 32 11/2" 140 mm 7.2 m%h u s 22PF-1UF 619,00
User defined 40 2" 145 mm 12 m3/h . = 22PF-1UG 656,00
50 21/2" 145 mm 18 m®/h . s 22PF-1UH 692,00
Flow
65 240 mm 34.6 m*/h u = FMO65F-SZ 1043,00
80 260 mm 49.0m%/h u s FMO8OF-SZ 1145,00
0.5...10V 100 16 Flange 262 mm 86.4m*/h ] ] FM100F-SZ 1247,00
125 314 mm 135.0 m¥/h . = FM125F-SZ 1348,00
150 334 mm 194.4 m®/h u s FMI150F-SZ 1450,00

Note: The flow sensors FM..F-SZ will be replaced by new types 22PF-1U.. over the course of the year.
Please also order the required accessories — Starting on page 30.

VFS = full scale.

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=22PF-1UC
https://www.Belimo.com/be/shop/en_GB/p?code=22PF-1UD
https://www.Belimo.com/be/shop/en_GB/p?code=22PF-1UE
https://www.Belimo.com/be/shop/en_GB/p?code=22PF-1UF
https://www.Belimo.com/be/shop/en_GB/p?code=22PF-1UG
https://www.Belimo.com/be/shop/en_GB/p?code=22PF-1UH
https://www.Belimo.com/be/shop/en_GB/p?code=FM065F-SZ
https://www.Belimo.com/be/shop/en_GB/p?code=FM080F-SZ
https://www.Belimo.com/be/shop/en_GB/p?code=FM100F-SZ
https://www.Belimo.com/be/shop/en_GB/p?code=FM125F-SZ
https://www.Belimo.com/be/shop/en_GB/p?code=FM150F-SZ

22 Meters / Thermal energy meters / MID approval

Thermal energy meters according
to EN 1434 with MID approval

Communication via MP-Bus, Modbus,
BACnet, M-Bus (with converter)

22PEM-1U..
Ultrasonic energy meters for reliable determination and billing of energy consumption.
Use as heat, cooling or heat/cooling meter and in the supply or return.
The thermal energy meters comply with the requirements of EN 1434 and have a type approval as
heat meters according to the European Measuring Instruments Directive 2014/32/EU (MI-004).
Power supply AC/DC 24 V or PoE (Power over Ethernet)
Degree of protection IEC/EN  IP54
Nominal pressure PN 25
Connection Cable 1T m, 6x 0.75 mm? and RJ45 connector socket
Analogue output Adjustable 0...10 V, 0.5...10 V, 2...10 V or user defined.
E.g. the flow rate or the temperature of the temperature sensor T1/T2
can be output.
Converter for sensors Optional connection of a passive sensor (Pt1000, Ni1000, NTC10k),
an active sensor with output 0...10 V or a switching contact for
transfer to bus system
Thermal energy display Via LCD display and via communication
Communication MP-Bus, Modbus RTU, Modbus TCP, BACnet MS/TP, BACnet/IP,
M-Bus (with converter G-22PEM-A01), NFC
Configuration, diagnostics Via integrated web server and with Belimo Assistant 2
Measured values
&
= 0 g)
§ 2 £ H g
ki E £ 7 . 2
8 £ % @ s 2
z o 2 3 3 £ s 3 EUR
Thermal energy, flow, temperature
15 3/4" 1710 mm 1.5m%h 3m%h 15 kPa s 22PEM-1UC 1145,00
0.10V 20 1 130mm  2.5m?h 5m°/h 12 kPa = 22PEM-1UD 1281,00
0.5..10V 25 11/4" 135 mm 3.5m%h 7 m3/h 7 kPa s 22PEM-1UE 1419,00
2.10V 32 11/2" 140 mm 6 m/h 12m/h 14 kPa s 22PEM-1UF 1556,00
User defined 40 2" 145 mm 10m/h  20m¥h 18 kPa = 22PEM-1UG 1711,00
50 21/2" 145 mm 15m%h 30 m/h 22 kPa m  22PEM-1UH 1858,00

Note: Please also order the required accessories — Starting on page 30.

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=22PEM-1UC
https://www.Belimo.com/be/shop/en_GB/p?code=22PEM-1UD
https://www.Belimo.com/be/shop/en_GB/p?code=22PEM-1UE
https://www.Belimo.com/be/shop/en_GB/p?code=22PEM-1UF
https://www.Belimo.com/be/shop/en_GB/p?code=22PEM-1UG
https://www.Belimo.com/be/shop/en_GB/p?code=22PEM-1UH
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Belimo Energy Valve™ according
to EN 1434 with MID approval

EV..R2+MID
Field of use Closed water systems (pH >7)
Fluid temperature -10...120°C
(=10...2°C valve neck extension or spindle heater recommended)
Fluid temperature note MID-certified 15..120°C
Pipe connection Internal thread Rp (ISO 7-1) and external thread G (ISO 228-1)
Leakage rate Air-bubble tight, leakage rate A (EN 12266-1)

Permissible operating pressure  ps: 1600 kPa
V'max Adjustable 25..100% of V'hom

The thermal energy meters comply with the requirements of EN 1434 and have a type approval as
heat meters according to the European Measuring Instruments Directive 2014/32/EU (MI-004).

Configurable using the integrated web server or Belimo Assistant 2
Optional connection to the Belimo Cloud

Sensor-operated flow or power control

V'nom

[1I/min]

[m3/h]

Nominal voltage

AC/DC 24V

Modulating

(2...10 V, adjustable)
Communication MP-Bus
Communication Modbus
Communication BACnet
Valve type with actuator

V'nom

=z =z

o a o & EUR

Standard actuators
15 3/4" 1/2" 0.42 25 1.5 1.5 N " N = EV015R2+MID 1584,00
20 1" 3/4" 0.69 417 2.5 2.5 ] n ] s EV020R2+MID 1619,00
25 11/4" 1" 0.97 58.3 35 3.5 N " N = EV025R2+MID 1663,00
2 32 11/2" 11/4" 1.67 100 6 6 24V N " N = EVO032R2+MID 1839,00
40 2" 11/2" 2.78 166.7 10 10 M " N = EVO040R2+MID 2038,00

50 21/2" 2" 417 250 15 15 ] " ] = EVO50R2+MID 2368,00

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=EV015R2%2BMID
https://www.Belimo.com/be/shop/en_GB/p?code=EV020R2%2BMID
https://www.Belimo.com/be/shop/en_GB/p?code=EV025R2%2BMID
https://www.Belimo.com/be/shop/en_GB/p?code=EV032R2%2BMID
https://www.Belimo.com/be/shop/en_GB/p?code=EV040R2%2BMID
https://www.Belimo.com/be/shop/en_GB/p?code=EV050R2%2BMID

24 Meters / Thermal energy meters / Standard

Thermal energy meters
with glycol compensation

Communication via MP-Bus, Modbus,
BACnet, M-Bus (with converter)

22PE-1U..
Ultrasonic energy meters for reliable determination of energy consumption in systems
with water and water-glycol mixtures.
Continuous, automatic measurement and compensation of the glycol content.
Use as heat, cooling or heat/cooling meter and in the supply or return.
Power supply AC/DC 24 V or PoE (Power over Ethernet)
Degree of protection IEC/EN  IP54
Nominal pressure PN 25
Connection Cable 1T m, 6x 0.75 mm? and RJ45 connector socket
Analogue output Adjustable 0...10 V, 0.5...10 V, 2...10 V or user defined.
E.g. the flow rate or the temperature of the temperature sensor T1/T2
can be output.
Converter for sensors Optional connection of a passive sensor (Pt1000, Ni1000, NTC10k),
an active sensor with output 0...10 V or a switching contact for
transfer to bus system
Thermal energy display Via communication
Communication MP-Bus, Modbus RTU, Modbus TCP, BACnet MS/TP, BACnet/IP,
M-Bus (with converter G-22PEM-A01), NFC
Configuration, diagnostics Via integrated web server and with Belimo Assistant 2
Measured values
g
s m g). ‘E
(=2} [-% o q -
S S ES o £
- = (=] o °
< o = = O~ o
=] = 13 -g >3 =
® ® 3 = oS 2
5 £ S 2 5 52 %
= £ x @ - 20 2
b4 @ o < [ @ @O o
a [¢] £ z = a = =un = EUR
Thermal energy, flow, temperature
15 3/4" 110mm  1.5m%h 3m®h 15 kPa " s 22PE-1UC 1053,00
0.10V 20 1" 130 mm 2.5m%h 5méh 12 kPa m = 22PE-1UD 1180,00
0.5..10V 25 11/4" 135mm  3.5m%h 7 m%h 7 kPa " s 22PE-1UE 1309,00
2.10V 32 11/2" 140 mm 6 m®/h 12mh 14 kPa n s 22PE-1UF 1442,00
User defined 40 2" 145mm  10m*%h  20m%h  18kPa = = 22PE-1UG 1571,00
50 21/2" 145mm  15m/h 30m®/h 22 kPa " = 22PE-1UH 1711,00

Note: Please also order the required accessories — Starting on page 30.

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=22PE-1UC
https://www.Belimo.com/be/shop/en_GB/p?code=22PE-1UD
https://www.Belimo.com/be/shop/en_GB/p?code=22PE-1UE
https://www.Belimo.com/be/shop/en_GB/p?code=22PE-1UF
https://www.Belimo.com/be/shop/en_GB/p?code=22PE-1UG
https://www.Belimo.com/be/shop/en_GB/p?code=22PE-1UH
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Adapters and pipe connector kits

For sensors
i .
[=] o
g g
'} N « Type EUR/pc.
ﬁ Reduction adapter
G 1/4" (internal thread) to G 1/2" = A-22WP-A02 18,80

(external thread)

Pipe connector
Stainless steel 6 mm " A-22WP-A06 " 116,00
Pipe 6 and 8 mmto G 1/4"
(external thread)

Set of 2 pcs. 8 mm

] A-22WP-A10 " 137,00

Pipe connector

Brass 6 mm " A-22WP-A04 " 59,60
Pipe 6 and 8 mmto G 1/4"

(external thread)

we wc

Set of 2 pcs. 8 mm " A-22WP-A08 " 60,50
" The price shown is per set.
Connection adapters
For sensors

T ESE52658888sEKEE8FE555

- = = = = = NN N N N &N N N N N &N N N N &N N

O 0O 0000 NNNNGNGNGNGNO GO CNGO NGO NGO NN N Type EUR/pc.
Connection adapter M20
Forgable1x6mm " " m m E s EEEEE®E®EE=E&® &= &= 8 A22G-A01.1" 4,40
Multipack (10 pcs.)
Connection adaptermM20
Forqable2x6mm " " m m m m mEmEmE === == == mmm 8§ A22G-A021" 4,50
Multipack (10 pcs.)
Cable entry M20x1.5
Multipack (10 pes.) . A-22AP-A11.17 3,00

" The price shown is per piece.

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=A-22WP-A02
https://www.Belimo.com/be/shop/en_GB/p?code=A-22WP-A06
https://www.Belimo.com/be/shop/en_GB/p?code=A-22WP-A10
https://www.Belimo.com/be/shop/en_GB/p?code=A-22WP-A04
https://www.Belimo.com/be/shop/en_GB/p?code=A-22WP-A08
https://www.Belimo.com/be/shop/en_GB/p?code=A-22G-A01.1
https://www.Belimo.com/be/shop/en_GB/p?code=A-22G-A02.1
https://www.Belimo.com/be/shop/en_GB/p?code=A-22AP-A11.1

26 Sensors and meters / Mechanical accessories

Cable glands

For sensors

N N T I T
E:EE:<onnnnnnon::E::
- = = = = N N &N &N N &N &N &N N N N N N NN
SO O0O0O0OANANANANNNGCN GGG GG NGOGNN N Type EUR/pc.
Plug-in cable gland
Forclable1x6,,‘8mm " " m m m ®E E E®E EE === == == 8= m A22G-A251" 3,00
Multipack (10 pcs.)
Plug-in cablegland
Forgable2x6mm " m m m m m mEm = == m == mmmmm m A22G-A261" 6,70
Multipack (10 pcs.)
" The price shown is per piece.
Fixing straps and thermal contact fluid
For sensors
e 7 = = e
) S N N N Type EUR/pc.
Fixing strap
For pipes 20...110 mm
i i i A-22P-A47 3,70
Fixing strap
For pipes ¢20...250 mm
n n ] A-22P-A49 790
Syringe with thermal contact fluid
n n O O u A-22P-A44 3,00

0 Accessories included at the factory.

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A47
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A49
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A44
https://www.Belimo.com/be/shop/en_GB/p?code=A-22G-A25.1
https://www.Belimo.com/be/shop/en_GB/p?code=A-22G-A26.1
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Mounting flanges

For sensors
. |: D ': 1 . Ll 1 ':
k k S o x 2 0> o T =
EF K K FEF O O O 0 Kk F E E
S e e 28888888 %
? S & &6 & § §& N § N &N & « Type EUR/pc.
Mounting flange

Plastic
For sensor probe 6 mm 4.7mm =
Up to max. 120°C

[m]
u
u

A-22D-A03 11,00

Mounting flange I
Brass

For sensor probe 6 mm 6 mm ] A-22D-A05 22,60
Up to max. 260°C

Mounting flange -
‘ Plastic
For frost monitor 20DTS-.. u A-22D-A12 25,40

Mounting flange
Plastic

For duct sensor 19.5 mm 20 mm O O o o o o o A-22D-A35 18,60
Up to max. 120°C

O Accessories included at the factory.

Mounting accessories

For sensors

S S S R S S A St
S 5 5 5 2% 5 5 £ 5 5 &5 £
5 & & 5 &8 &8 & & q ¥ ¥ § Type EUR/pc.
Mounting clip
With screws and adhesive foil 0 5 A-22D-A11 310
Mounting plate
S housing s O O w o o o A-22D-A09 7,20
Mounting plate o
L housing o o A-22D-A10 9,40
° Mounting kit o
| With 6 retaining brackets 5 o A-22D-A08 15,30
Mounting brackets
S form for 01APS-.., metal
s - A-22AP-A07 6,40
—H—n Mounting brackets
K L form for 01APS-.., metal - A-22AP-A06 6,40
# Mounting brackets
;; For 22WDP-.., metal o A-22WP-A11 22,70

O Accessories included at the factory.

List prices excl. VAT / 2026 - Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A03
https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A05
https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A12
https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A35
https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A11
https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A09
https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A10
https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A08
https://www.Belimo.com/be/shop/en_GB/p?code=A-22AP-A07
https://www.Belimo.com/be/shop/en_GB/p?code=A-22AP-A06
https://www.Belimo.com/be/shop/en_GB/p?code=A-22WP-A11

28 Sensors and meters / Mechanical accessories

Thermowells and compression fittings

For sensors

£
2
2 oz 4zoeanToozoe o
P LEssiEsEEErg
» S 5 5 5 5 5 & & 8 &8 & ¥ 1ype EUR/pc.
ﬁ- Thermowell s0mm w«w o - A-22P-A06 37,20
Stainless steel 100 mm = O . A-22P-A08 38,50
G 1/2',8W27 50mm @ = o = A-22P-A10 41,80
200 mm n n A-22P-A12 44,40
250mm o ©  A-22P-A29 47,10
300mm = = A-22P-Al4 48,80
450mm = u A22P-A16 52,60
o Thermowell 50mm = s O A-22P-A18 18,50
Brass 100mm = = o A-22P-A20 18,00
R1/2', SW22 50mm =  w o A22P-A22 20,00
200mm = = A-22P-A24 22,00
250 mm m] m] A-22P-A30 23,30
300mm = m  A-22P-A26 24,80
450mm = m A-22P-A28 28,20
. o Cold barrier
Plastic L 50 mm
- For thermowell A-22P-A = = ®E ®E = = = = = =m A-22P-A51 25,00
Compression fitting
Stainless steel
g G 1/4" (external thread) for 6 mm "= = o= oxoE oo onononw A22P-ALS 31,40
With cutting ring
Adapter for Siemens thermowell
B
- Plastic
—Cmemmemss  With thermal contact fluid =mmn = = = = A-22P-A53 38,00
0 When a cold barrier is used.
Thermowell kits
For sensors
< S
= s s
=4 3 R R
k] 5 ] 8
o - I T
» ) n} [} Type EUR/pc.
E Thermowe" kit 1700 mm = = n A-22P-A61 23,60
Nickel-plated brass '
') For sensor probe 6 mm
T Incl. probe fastening material 150 mm = = L] A-22P-A62 26,00
‘ G 1/2', SW22
| 200 mm ] ] n A-22P-A63 30,30
g ;?;;T;:g:ltlelslt 1700 mm n ] n A-22P-A64 37,80
/) For sensor probe 6 mm
T Incl. probe fastening material 150 mm = = L] A-22P-A65 41,60
G 1/2", SW22
200 mm ] ] n A-22P-A66 56,60

List prices excl. VAT / 2026 — Subject to alterations in price and technical modifications


https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A06
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A08
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A10
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A12
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A29
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A14
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A16
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A18
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A20
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A22
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A24
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A30
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A26
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A28
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A51
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A45
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A53
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A61
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A62
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A63
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A64
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A65
https://www.Belimo.com/be/shop/en_GB/p?code=A-22P-A66
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Accessories for differential pressure sensors air

For sensors

Length
01APS-
22ADP-..

Type EUR/pc.

Duct connector
Metal

Tube connection 5 mm 40 mm - " A-22AP-A02 9,70

Duct connector
Metal

Tube connection 5 mm 100 mm = . A-22AP-A04 12,90

Duct connector
Plastic
Tube connection 6 mm

80 mm = A-22AP-A09.1 " 092
Multipack (90 pcs.)

Duct connector kit
PVC tube 2 m

2 duct connectors, plastic 2000 mm - o A-22AP-A08 6,90

Duct connector kit
PVC tube 2 m

2 duct connectors, plastic 2000 mm o A-22AP-A05.1" 3,80
Multipack (50 pcs.)

O Accessories included at the factory.
" The price shown is per unit.

Accessories for humidity sensors

For sensors

22DTH-
22UTH-..

Type EUR/pc.

Replacement filter

m Stainless steel n A-22D-A06 9,60
Wire mesh

g — Rain cover

S For 22UTH-11 and 22UTH-13 n A-22U-A01 9,30
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https://www.Belimo.com/be/shop/en_GB/p?code=A-22AP-A02
https://www.Belimo.com/be/shop/en_GB/p?code=A-22AP-A04
https://www.Belimo.com/be/shop/en_GB/p?code=A-22AP-A09.1
https://www.Belimo.com/be/shop/en_GB/p?code=A-22AP-A08
https://www.Belimo.com/be/shop/en_GB/p?code=A-22AP-A05.1
https://www.Belimo.com/be/shop/en_GB/p?code=A-22D-A06
https://www.Belimo.com/be/shop/en_GB/p?code=A-22U-A01
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Insulation shells

For For
sensors and meters valves

=]
E 3
i i &
3 & S ﬁ & Type EUR/pc.
Insulation shell for Belimo Energy Valve™
Only for non-condensing applications 15.25 = " Z-INSHTS 82,70
Included in the scope of delivery for the device
32...50 " n Z-INSH32 38,10
Iﬂnsulatlon shell for thermal energy meters and 1525 . . . A-22PEM-AO01 2450
oW sensors
Only for non-condensing applications
Included in the scope of delivery for the device 32.50 = ] ] A-22PEM-A02 26,80
MID accessory kits
< For For
g meters  valves
; : [=]
2 E =
=) = N
g B g
3 o & £ S & Type EUR/pc.
FTFT MID accessory kit without fitting piece 15 3/4" 1/2" u EXT-EF-15A 99,10
? s Consisting of open/close valve (2x) and 20 1" 3/4" - EXT-EF-20A 113,00
ball valve with measuring port M10x1 for 25  11/4" 1 - EXT-EF-25A 156 00
external direct immersion temperature 32 112" 11/4" . EXT-EF-32A 342 00
T1 :
sensor 40 2 112 . EXT-EF-40A 468,00
50 21/2" 2" n EXT-EF-50A 722,00
% MID accessory kit with fitting piece 15 3/4" 1/2" 110 mm N EXT-EF-15B 151,00
% =5 Consisting of open/close valve (2x) and 20 1" 3/4" 130 mm . EXT-EF-20B 189,00
ball valve with measuring port M10x1 for 25 11/4" 1 135 mm - EXT-EF-25B 24300
external direct immersion temperature 32 11/2° 114 140 mm . EXT-EF-32B 436 00
sensor Tt 40 27 112 145mm = EXT-EF-40B 578,00
50 21/2" 2" 145 mm n EXT-EF-50B 856,00
MID accessory kit Belimo Energy Valve™ 15 3/4" 1/2" n EXT-EF-15C 73,20
# 1) Consisting of open/close valve and ball 20 1" 3/4" - EXT-EF-20C 81,60
s 2 valve with measuring port M10x1 for 25  11/4" 1 - EXT-EF-25C 112 00
externaIT(jlrect immersion temperature 32 112 114 . EXT-EF-32C 26700
sensor
40 2" 11/2" n EXT-EF-40C 359,00
50 21/2" 2" n EXT-EF-50C 548,00
MID accessory kit Belimo Energy Valve™ 15 1/2" n n EXT-EF-15E 41,30
- Consisting of ball valve with measuring 20 3/4" n n EXT-EF-20E 44,60
e port M10x1 for external direct immersion 95 1 - - EXT-EF-25E 63,60
temperature sensor T1 32 11/4" . =  EXT-EF-32E 186,00
40 11/2" m m EXT-EF-40E 257,00
50 2" n n EXT-EF-50E 297,00
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https://www.Belimo.com/be/shop/en_GB/p?code=Z-INSH15
https://www.Belimo.com/be/shop/en_GB/p?code=Z-INSH32
https://www.Belimo.com/be/shop/en_GB/p?code=A-22PEM-A01
https://www.Belimo.com/be/shop/en_GB/p?code=A-22PEM-A02
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-15A
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-20A
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-25A
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-32A
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-40A
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-50A
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-15B
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-20B
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-25B
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-32B
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-40B
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-50B
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-15C
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-20C
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-25C
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-32C
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-40C
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-50C
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-15E
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-20E
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-25E
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-32E
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-40E
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-50E
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Open/close valves and pipe connectors

For For
sensors and meters valves
o =)
2 3 2 ;
w w 'S o
z o & & & =
a o 3 N N « [} Type EUR/pc.
Open/close valve 15 3/4" 1/2" u u u " EXT-EF-15G 41,50
Nigkel—plgted brass 20 1" 3/4" n n n " EXT-EF-20G 49,20
With sealing hole 25  11/4" 1" . . . . EXT-EF-25G 64,70
32 11/2"  11/4" n n n " EXT-EF-32G 119,00
40 2" 11/2" n n n " EXT-EF-40G 155,00
50 21/2" 2" ] ] ] n EXT-EF-50G 317,00
Pipe connector 15 1/2" " ZR2315 15,40
For ball valve with internal thread 20 3/4" " ZR2320 17,10
Nickel-plated brass 25 1" . ZR2325 2170
32 11/4" n ZR2332 32,20
40 11/2" " ZR2340 44,30
50 2' " ZR2350 73,30
Pipe connector 15 3/4" 1/2" L] L] L] " ZREV15F 14,10
With internal thread 20 1 3/4' = = = . ZREV20F 21,60
Nickel-plated brass 25  11/4" 1" - - - . ZREV25F 35,60
'Z”C!égzz'gch e rentired for 32 1172 114 = . . . ZREV32F 50,60
P! aut 40 2 112 = . . . ZREV40F 63,80
sensors and meters
50 21/2" 2" " " " " ZREV50F 98,20
Thermowells
For meters
3
w
z &
a o N Type EUR/pc.
N Thermowell
O For external temperature sensor T1 15...50 1/4" M A-22PE-A07 " 22,90
3 65..100 1/2" " A-22PE-A08 50,20

O

" Included in scope of delivery of the 22PE-.. meters.
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https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-15G
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-20G
https://www.Belimo.com/be/shop/en_GB/p?code=EXT-EF-25G
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https://www.Belimo.com/be/shop/en_GB/p?code=ZR2320
https://www.Belimo.com/be/shop/en_GB/p?code=ZR2325
https://www.Belimo.com/be/shop/en_GB/p?code=ZR2332
https://www.Belimo.com/be/shop/en_GB/p?code=ZR2340
https://www.Belimo.com/be/shop/en_GB/p?code=ZR2350
https://www.Belimo.com/be/shop/en_GB/p?code=ZREV15F
https://www.Belimo.com/be/shop/en_GB/p?code=ZREV20F
https://www.Belimo.com/be/shop/en_GB/p?code=ZREV25F
https://www.Belimo.com/be/shop/en_GB/p?code=ZREV32F
https://www.Belimo.com/be/shop/en_GB/p?code=ZREV40F
https://www.Belimo.com/be/shop/en_GB/p?code=ZREV50F
https://www.Belimo.com/be/shop/en_GB/p?code=A-22PE-A07
https://www.Belimo.com/be/shop/en_GB/p?code=A-22PE-A08
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T-pieces
For meters For valves
: 2 =]
2 2 3
a a R
3 & S S @ Type EUR/pc.
T-piece with thermowell 15 1/2" u A-22PE-A01 33,90
For external temperature sensor T1 20 3/4" [ A-22PE-A02 40,40
25 1" n A-22PE-A03 48,80
32 11/4" u A-22PE-A04 59,30
40 11/2" n A-22PE-A05 71,10
50 2" N A-22PE-A06 92,90
T-piece M10x1 15 1/2" n n A-22PEM-A06 20,20
For external direct immersion temperature 20 3/4" n n A-22PEM-A07 25,20
sensor T1 25 1" . . A-22PEM-A08 35,40
32 11/4" n n A-22PEM-A09 45,40
40 11/2" [ n A-22PEM-A10 57,60
50 2" m m A-22PEM-A11 79,80
Thermal energy meter accessories
For meters For valves
5 ]
i - =
= = &
w w o
[N o >
N N [} Type EUR/pc.
e =_  Security seal
- ) ( E ) Consecutively numbered (unique number)
With attached wire " " A-22PEM-A03 2290
Set of 2 pcs.
Ll Silicone grommet with clamp
IP54 protection for RJ connection module
Q n n n A-22PEM-A04 28,00
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https://www.Belimo.com/be/shop/en_GB/p?code=A-22PEM-A03
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Cables
For sensors
=
k] a a .
2 g S S
S & N N Type EUR/pc.
Connecting cable for 22WP-.. and 22WDP-..
Valve plug Type A, black 1.5m n n EXT-MR-249184 51,10
Cable: PVC black, 4x 0.75 mm? numbered
] Free ends with wire sleeves
Y 5m . = EXT-MR-249185 55,60
Extension cable set for 22PDP-..
With pre-assembled M12 connector plugs
7m " A-22PDP-A02 286,00
M-Bus converters
For meters For valves
5 a
; = s
= s 3
w w o
[-% o >
BN q [} Type EUR/pc.

M-Bus converter
@ Intelligent junction box with AC/DC 24 V
$ Interface MP-Bus to M-Bus " u " G-22PEM-A01 388,00
For the connection of a thermal energy meter or
Belimo Energy Valve™

Sensor modules as spare parts

For meters For valves
;3
3 S S B Type EUR/pc.
Sensor module MID 15 u u R-22PEM-0UC 586,00
e Spare part for thermal energy meter with MID approval 2 - - R-22PEM-0UD 621,00
Incl. 2 security seals and 1 seal 25 - - R-22PEM-0UE 654.00
32 N M R-22PEM-OUF 688,00
40 [ [ R-22PEM-0UG 721,00
50 m m R-22PEM-0UH 760,00
Sensor module 15 n R-22PE-0UC 490,00
Spare part for thermal energy meter without MID 20 - R-22PE-0UD 524,00
approval 25 . R-22PE-OUE 558,00
32 m R-22PE-0UF 591,00
40 n R-22PE-0UG 625,00
50 N R-22PE-0UH 663,00
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Service tools

Download from

Belimo Assistant 2

Settings and quick diagnostics for Belimo devices via smartphone,

tablet or desktop — even in unpowered state.

€ 0
A=

£ Download on the

[ ¢ App Store

GET IT ON

P> Google Play

Free Download

Windows Version

e Belimo Duct Sensor Assistant App
BELIMO Settings and quick diagnostics for Belimo sensors
\ﬁ via Bluetooth dongle (A-22G-A05).

I

%)

#Z Download on the

¢ App Store

GET IT ON

P> Google Play

End-user tools

Download from

Belimo Display App
End-user app for the display of current room values and
the adaptation of setpoints per smartphone via NFC.

Y
BELIMO

=

NEE

£ Download on the
o App Store

GET IT ON
P> Google Play
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https://apps.apple.com/be/app/belimo-assistant-2/id6475810004
https://play.google.com/store/apps/details?id=ch.belimo.belas
https://www.belimo.com/be/en_GB/support-eu/support-services/apps
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https://play.google.com/store/apps/details?id=ch.belimo.displayapp

Sensors and meters / Electrical accessories 35

Converters

For sensors and meters

xX X

H o o

. . - T - w o . b o

: g ie T TR o iwor iowy

f 2 BT x>0z

wwwkEqgeooookEkkEEEE

ooy <0000 Q00Q0AQ DD

RN YRR RS
N 4 N NOQNNNNN N S SASAS N Type EUR/pc.

Belimo Assistant Link

Converter for the connection between

Belimo Assistant 2 and the configurable and = § = Em LINK.10 438,00
communicative devices from Belimo.

Supports Bluetooth and USB to NFC and MP-Bus.
Bluetooth USB dongle

Converter for the temporary, wireless operation of
Belimo sensors. Works in combination with

the Belimo Duct Sensor Assistant App. =omomomomomomomowomow AD2GAA0S 213,00
Available in all EU and EFTA countries and in the UK.

With interface board.

Bl
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36 General Terms and Conditions (GTC)

(The currently valid General Terms and Conditions (in Dutch) are available on the Internet.)

As of July 2023 / V1

1. Toepassingsgebied

Deze algemene voorwaarden zijn van
toepassing op leveringen en diensten van
BELIMO Belgium BV, met vennootschapszetel
te Cokeriestraat 3A, 1850 Grimbergen (Belgié)
en ondernemingsnummer 0769.464.673
(hierna “BELIMO") aan de klant. Indien de
klant om een levering of dienst in het
buitenland verzoekt, wordt de overeen-
komst gesloten met de plaatselijke BELIMO-
onderneming in dat land of met een door
BELIMO in de orderbevestiging genoemde
BELIMO-onderneming. In dat geval zijn
de algemene voorwaarden van de in de
orderbevestiging genoemde BELIMOonder-
neming van toepassing. Als onze levering
software en bijbehorende documentatie
omvat, zijn naast deze algemene voorwaarden
de voorwaarden van de licentieovereenkomst
van toepassing. In geval van tegenstrijdigheid
tussen de twee documenten krijgt de
licentieovereenkomst evenwel voorrang.

2. Sluiten van het contract

Het contract wordt geacht gesloten te zijn bij
ontvangst van een orderbevestiging door de
klant of, bij gebrek aan dergelijke bevestiging,
bij de onderscheiding van de bestelde producten
door BELIMO. Alle catalogi, brochures en publi-
caties op het internet worden beschouwd als
een uitnodiging voor offertes en zijn niet bindend
voor BELIMO.

Wijzigingen of aanvullingen aan deze algemene
voorwaarden of aan het contract zijn niet geldig
zonder de schriftelijke goedkeuring van BELIMO.
Bestellingen die afwijken van de door BELIMO
gepubliceerde specificaties of die toevoegingen
of wijzigingen bevatten die door de klant werden
aangebracht, zijn slechts van kracht indien zij
uitdrukkelijk door BELIMO zijn goedgekeurd door
middel van een schriftelijke orderbevestiging.

3. Annuleren van het contract
Bestellingen van producten volgens de catalogus
(standaardproducten) kunnen door de klant
worden geannuleerd tot de onderscheiding
van de bestelde producten door BELIMO op
voorwaarde dat BELIMO de kennisgeving van
annulering heeft ontvangen véor het tijdstip van
onderscheiding.

Bestellingen van producten voor klanten (speciale
ontwerpen enz.) kunnen worden geannuleerd
tot 4 uur na ontvangst van de bestelling door
BELIMO. In dat geval worden aan de klant
servicekosten van 10% van het nettobedrag
van de bestelling gefactureerd. In geval van op
maat gemaakte producten of geconfigureerde
bedieningen wordt een servicetoeslag van 20%
van het nettobedrag van de bestelling aan de
klant gefactureerd.

4. Prijzen

Tenzij uitdrukkelijk anders vermeld, luidt
alle prijsinformatie netto, exclusief btw. De
standaardverpakking van de bestelde
producten is inbegrepen in de nettoprijs.
Alle andere kosten, zoals voor transport,
verzekering, belastingen, douanerechten
en export-, import- of andere noodzakelijke

goedkeuringen, worden als bijkomende kosten
in rekening gebracht. De nettoprijs is exclusief
eventuele bijkomende diensten die door
BELIMO worden uitgevoerd, zoals installatie,
inbedrijfstelling en compilatie van diagrammen
enz. Voor bestellingen met een nettoprijs
van minder dan € 200 wordt een toeslag
voor kleine bestellingen van € 100 in rekening
gebracht.

BELIMO behoudt zich het recht voor om tot aan
het sluiten van het contract de prijzen te allen
tijde te wijzigen.

5. Leveringsvoorwaarden

Alle tijdstippen, data en termijnen worden
als nietbindend beschouwd, tenzij het
bindende karakter ervan uitdrukkelijk schrif-
telijk is overeengekomen. Aan schriftelijk
overeengekomen bindende leveringstermijnen
en -data is voldaan als het product in het
distributiemagazijn beschikbaar wordt gesteld
voordat de betreffende data zijn verstreken.
Als BELIMO een vertraging in de levering
heeft, wordt aangenomen dat de klant om de
levering blijft verzoeken. Compensatie voor te
late levering of voor vervanging is uitgesloten.
Tenzij anders is aangegeven op de
orderbevestiging, zal de levering van de goederen
plaatsvinden in overeenstemming met Inco-
terms® 2020 DAP Goods recipient (DAP = Deli-
vered At Place, delivery address ship-to-party
[Ter plaatse geleverd, afleveradres ontvanger
van de goederen)).

BELIMO behoudt zich het recht voor om de
bestelde producten niet te leveren indien deze
niet beschikbaar zijn; in dit geval zal BELIMO de
klant onmiddellijk op de hoogte brengen van de
nietbeschikbaarheid en, indien nodig, de reeds
uitgevoerde betaling terugbetalen.

6. Betalingsvoorwaarden

De facturen van BELIMO moeten volledig
worden betaald binnen 30 dagen na
factuurdatum. Na het verstrijken van de
betalingstermijn is de klant aan BELIMO
automatisch aanmaningskosten van € 50,00
verschuldigd of een verwijlintrest ten bedrage
van 7,75% per jaar indien de verwijlintrest
hoger is dan de aanmaningskosten. Indien de
klant in gebreke blijft, behoudt BELIMO zich
het recht voor om verdere leveringen in te
houden.

De klant heeft niet het recht om openstaande
rekeningen van BELIMO te verrekenen met
tegenvorderingen.

7. Toepassing, installatie en gebruik

van BELIMO producten
BELIMO producten zijn uitsluitend bedoeld voor
professioneel gebruik. BELIMO producten mogen
alleen worden geinstalleerd en vervangen door
deskundig gekwalificeerd personeel.
BELIMO producten moeten worden gebruikt
in overeenstemming met de specificaties van
de desbetreffende, op dat ogenblik geldende
gegevens- en montagevoorschriften. Het gebruik
van Belimo Cloud Services is onderworpen aan
de “Gebruiksvoorwaarden voor Belimo Cloud
Services”, zoals van tijd tot tijd gewijzigd.
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8. Specificaties

Tenzij uitdrukkelijk anders is bepaald, bepaalt
de door BELIMO gepubliceerde informatie
in tekst- of beeldvorm (bijv. illustraties of
tekeningen) in catalogi, brochures, websites,
data- en montagefiches of andere publicaties
op beslissende wijze de specifieke kenmerken
van de door BELIMO geleverde goederen
en hun toepassingsmogelijkheden en vormt
zij geen garantie voor duurzaamheid of
specifieke kenmerken. De specifieke kenmerken
van de geleverde producten kunnen afwijken van
die van afbeeldingen of monsters wat betreft
materiaal, kleur of vorm. BELIMO aanvaardt geen
enkele aansprakelijkheid voor de prestaties of
geschiktheid van producten voor een bepaald
doel.

De door BELIMO meegedeelde specificaties
moeten enkel als richtlijn worden beschouwd.
BELIMO behoudt zich het recht voor de
meegedeelde productspecificaties te wijzigen
of overeenkomstige producten van derde
leveranciers te leveren in plaats van de bestelde
producten.

9. Eigendomsvoorbehoud

De geleverde producten blijven eigendom van
BELIMO tot de klant alle facturen volledig heeft
betaald.

10. Overdracht van risico

De voordelen en risico’s met betrekking tot de
gekochte producten gaan over op de klant in
overeenstemming met de overeengekomen
Incoterms® 2020.

11. Terugname van producten

BELIMO kan na voorafgaande overeenkomst
producten volgens de catalogus (standaardpro-
ducten) terugnemen op voorwaarde dat deze
producten nog steeds deel uitmaken van het
assortiment en op het ogenblik van teruggave
niet ouder dan max. 6 maanden, ongebruikt
en origineel verpakt zijn. BELIMO heeft geen
terugnameplicht. Terugname van producten
van klanten (speciale ontwerpen, ontworpen
op bestelling, geconfigureerde bedieningen),
openline-producten of producten die zijn
aangeschaft op specifiek verzoek van de klant,
is uitgesloten.

De terugzending van producten volgens de
catalogus dient vrij van alle kosten te gebeuren
onder bijvoeging van een kopie van de factuur en
met vermelding van de reden van terugzending
op het adres van BELIMO te Cokeriestraat 3A,
1850 Grimbergen. Op het met de klant overeen-
gekomen krediet wordt een servicetoeslag van
ten minste 20% van de nettocatalogusprijs in
mindering gebracht. Contante betaling van het
krediet is uitgesloten. Het kan alleen als krediet
worden verrekend bij toekomstige bestellingen.
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12. Onderzoeksplicht

De klant dient alle producten binnen 5
werkdagen na ontvangst te onderzoeken
op gebreken. Eventuele gebreken dienen
onmiddellijk schriftelijk aan BELIMO te worden
gemeld; anders wordt het product geacht
te zijn goedgekeurd. Verborgen gebreken moeten
binnen 5 werkdagen na de vaststelling ervan
schriftelijk worden gemeld.

13. Garantie
Met zijn garantie waarborgt BELIMO tijdens de
garantieperiode in overeenstemming met dit
punt 13, dat de geleverde producten voldoen aan
de specificaties die expliciet vermeld staan op
de overeenkomstige gegevensbladen. Voor het
overige is elke garantie uitgesloten voor zover
wettelijk toegestaan.

In het bijzonder wordt geen garantie gegeven

voor schade die het gevolg is van of mede veroor-

zaakt is door de klant of door derden die handelen
onder de aansprakelijkheid van de klant wanneer

a) Producten worden gebruikt op plaatsen die
niet omschreven zijn in de gegevens- en
montagebladen, met name in vliegtuigen en
andere vervoermiddelen in de lucht;

b) Producten worden gebruikt zonder e-w
wetten, offici€éle voorschriften of de
instructies van BELIMO in acht te nemen
(in het bijzonder met betrekking tot installl-
tie, inbedrijfstelling, bedrijffsvoorschriften en
informatie op de gegevens- en montagebladen);

c) Producten worden gebruikt onder
speciale omstandigheden, vooral
onder voortdurende invloed van agressie-
ve chemicalién, gassen of vloeistoffen of
buiten de toegestane bedrijfsparameters of
gebruiksomstandigheden;

d) Producten verkeerd of onzorgvuldig worden
gemonteerd, gehanteerd of geinstalleerd of
niet volgens de respectieve gezaghebbende
stand van de techniek of niet worden gebruikt
of geinstalleerd door daartoe opgeleid,
gekwalificeerd personeel;

e) Producten worden gewijzigd of hersteld
zonder voorafgaande schriftelijke toestem-
ming van BELIMO;

f) Producten slijtage vertonen als gevolg van
onjuist of onbedoeld gebruik of overmatige
belasting;

g) Producten verkeerd worden opgeslagen; of

h) Producten verkeerd worden opgeslagen; of.

Belimo biedt ook geen garantie voor normale

slijtage, inclusief alle soorten corrosie,

bedrijfs- of omgevingsslijtage en dergelijke,
zolang dit niet te wijten is aan materiaal- of
fabricagefouten.

Voor Openline-producten gelden verdere

aansprakelijkheidsbeperkingen volgens de

toepasselijke raamovereenkomst, gesloten
tussen BELIMO en de klant.

De klant is aansprakelijk voor handelingen of

nalatigheden van hulppersoneel alsof het zijn

eigen handelingen zijn.

De garantieperiode is vijf jaar vanaf de
productiedatum voor BELIMO producten. De
garantieperiode is twee jaar vanaf de leve-
ringsdatum voor Openline-producten. De
garantieperiode voor producten die niet door
BELIMO zijn vervaardigd (handelsproducten)

kan worden afgeleid uit de orderbevestiging.
Handelsproducten worden als zodanig
aangegeven, hetzij door de naam en/of door
het logo van de fabrikant. De garantieperiode
voor handelsproducten is over het algemeen
één jaar vanaf de datum van levering, in
uitzonderlijke gevallen twee jaar vanaf de datum
van levering. De garantieperiode gaat in op het
tijdstip van respectievelijk productie of levering
van het product, zonder dat aanvaarding of tests
door de klant vereist zijn. De klant is verplicht om
onmiddellijk alle passende maatregelen te nemen
om de schade te beperken. Indien een tijdige
melding overeenkomstig punt 12 hierboven heeft
plaatsgevonden, is BELIMO verplicht om ofwel
de gebrekkige producten te vervangen door
gelijkwaardige of equivalente producten, ofwel
deze door BELIMO of door derden op kosten
van BELIMO te laten herstellen, ofwel de klant
een creditnota te verstrekken ten bedrage van
de nettoprijs die voor het gebrekkige product
is betaald. BELIMO beslist welke van deze maat-
regelen wordt genomen.

De garantieperiode begint niet opnieuw te lopen
voor vervangen producten.

BELIMO kan van de klant verlangen dat
bepaalde gebrekkige producten of onderdelen
van producten in een systeem ter voorkoming
van schade worden vervangen, waarbij
redelijke uitgaven van de klant in dit kader die
vooraf schriftelijk door BELIMO zijn goedgekeurd,
door BELIMO zullen worden terugbetaald.

14. Beperking van aansprakelijkheid

De aansprakelijkheid van BELIMO is definitief
vastgelegd in punt 13. Alle andere vorderingen
van de klant jegens BELIMO, ongeacht de
rechtsgrond, met inbegrip van maar niet
beperkt tot prijsvermindering of ontbinding,
worden hierbij uitdrukkelijk uitgesloten en
afgewezen.

De klant kan geen aanspraak maken op
vergoeding van schade die niet ontstaat aan
de producten zelf, noch op vergoeding van
dergelijke aanspraken door klanten van de
klant of derden. In het bijzonder aanvaardt
BELIMO geen aansprakelijkheid voor kosten
gemaakt in verband met een vervanging (bijv.
transport, demontage, montage, herinbedrijf-
stelling en bijbehorende verduidelijkingen),
kosten voor hetvaststellen van de schadeoorzaken,
voor expertises of indirecte schade of gevolg-
schade (inclusief schade als gevolg van gebreken)
van welke aard dan ook, zoals gebruiksderving,
stilstandtijden, winstderving of rendements-
verlies etc. en voor schade veroorzaakt door
terugroepacties, tenzij deze opzettelijk of
door grove nalatigheid door BELIMO zijn veroor-
zaakt.

Voor zover de aansprakelijkheid van BELIMO
is uitgesloten of beperkt, geldt deze uitslui-
ting of beperking ook voor de persoonlijke
aansprakelijkheid van hun werknemers,
personeel, vertegenwoordigers en aangestelde
agenten.

15. Vrijwaring

Op eerste verzoek van BELIMO zal de klant
BELIMO volledig vrijwaren en schadeloos stellen
tegen elke vordering van derden in verband met
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de onder punt 13 vermelde gebeurtenissen. Dit
geldt ook voor claims in verband met produc-
taansprakelijkheid.

16. Overmacht

Noch BELIMO, noch de klant aanvaardt
aansprakelijkheid voor schade van welke aard
dan ook indien zich obstakels voordoen die
zij ondanks alle zorgvuldigheid niet kunnen
voorkomen, ongeacht of deze zich voordoen
bij BELIMO, de klant of een derde. Dergelijke
obstakels zijn bijvoorbeeld epidemieén,
pandemieén, mobilisatie, oorlog, opstanden,
ernstige onderbrekingen van de activiteiten,
ongevallen, arbeidsgeschillen, vertraagde of
gebrekkige levering van de vereiste grondstoffen,
half afgewerkte of afgewerkte goederen, niet-
beschikbaarheid van belangrijke werkstukken,
rechterlijke bevelen of nalatigheden, embargo’s,
export- of importbeperkingen, overmacht of
andere omstandigheden die grotendeels buiten
de controle van BELIMO of de klant liggen.
Betalingen mogen echter niet worden ingehouden
of uitgesteld op grond van dergelijke omstandig-
heden. In dergelijke gevallen zullen beide partijen
onverwijld alle effectieve maatregelen nemen die
van hen verwacht kunnen worden om schade te
voorkomen of, indien schade optreedt, de omvang
van deze schade zoveel mogelijk te beperken.

17. Doorverkoop

Als het product wordt doorverkocht, moet de
klant ten minste dezelfde garantiebeperkingen
opleggen aan de koper.

18. Privacybeleid

BELIMO hecht veel waarde aan de implementatie
van rechtmatige gegevensverwerking om uw
persoonlijke gegevens te beschermen. BELIMO is
verplicht om uw persoonsgegevens te verwerken
in overeenstemming met de geldende wetge-
ving. Wij zijn afhankelijk van de diensten van
derden voor het leveren van onze diensten. Deze
derden zullen uw gegevens alleen verwerken
in verband met de diensten die met BELIMO
zijn overeengekomen, zullen hetzelfde niveau
van gegevensbescherming garanderen als
BELIMO en zullen uw gegevens niet doorgeven
aan andere derden zonder uw toestemming. Bij
de verwerking van uw gegevens en de overdracht
van uw gegevens aan derden zal BELIMO ervoor
zorgen dat een passend niveau van gegevensbe-
scherming wordt gewaarborgd en dat passende
organisatorische en technische maatregelen
worden genomen om uw gegevens te beschermen.
Meer gedetailleerde informatie over onze richtlijnen
voor gegevensbescherming is beschikbaar op het
volgende internetadres:
www.belimo.com/privacy.

19. Wijzigingen
BELIMO behoudt zich het recht voor om deze
algemene voorwaarden te allen tijde te wijzigen.

20. Scheidbaarheidsbeding
In het geval dat een of meer van de
bovengenoemde bedingen ongeldig zijn of
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worden, wordt de geldigheid van de overige
bedingen hierdoor niet aangetast.

21. Toepasselijk recht en bevoegde
rechtbank
Uitsluitend het Belgisch recht is van
toepassing, met uitsluiting van de toepassing
van het VNverdrag inzake internationale koopo-
vereenkomsten van roerende zaken van 11 april
1980 (CISG).
Uitsluitend de gewone rechtbanken van de
vestigingsplaats van BELIMO zijn bevoegd.
In geval van tegenstrijdigheid tussen de
Franstalige en de Nederlandse versie van
deze algemene voorwaarden, krijgt de
Nederlandtalige versie voorrang.
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All inclusive.

Belimo as a global market leader develops innovative solutions for the
controlling of heating, ventilation and air-conditioning systems. Damper
actuators, control valves, sensors and meters represent our core

5-year warranty

(@)

business. .
1o, ,.é On site around the globe
Always focusing on customer value, we deliver more than only products. "'4‘

We offer you the complete product range for the regulation and control
of HVAC systems from a single source. At the same time, we rely
on tested Swiss quality with a five-year warranty. Our worldwide
representatives in over 80 countries guarantee short delivery times
and comprehensive support through the entire product life. Belimo
does indeed include everything.

Complete product range

Tested quality

<b &

The “small” Belimo devices have a big impact on comfort, energy _ _
efficiency, safety, installation and maintenance. =] Short delivery times

In short: Small devices, big impact.

E’_)@ Comprehensive support
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BELIMO Belgium SRL

®
Cokeriestraat 3A, 1850 Grimbergen, Belgium B EL' M o
+32 2 210 56 86, info@belimo.be, www.belimo.be
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